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FOR FURTHER TECHNICAL
DETAILS ON THIS
PRODUCT REQUEST
CATALOGUE REFERENCE
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Castle Hill NSW.............Tel: (02) 680 3222.....Fax: (02) 894 5719

O R D E R  L I N E S

Tel: 01-501822  Fax: 01-502710

O R D E R  L I N E S
S E E  I N S I D E  F R O N T  C O V E R  F O R
DETAILS OF YOUR LOCAL SALES OFFICEV

ON E TO U C H F I T T I N G S-MA N I F O L D S
SE R I E S KM

Compac t  and  l i gh twe igh t
Th readed  o r  one  t ouch  f i t t i ng  i n l e t  o r  p l ug - i n  s t em
Ø4 ,  6 ,  8mm tube  ou t l e t s
3 ,  6  o r  10  way
Many  v a r i e t i e s  a va i l ab l e

D I M E N S I O N S

K M 1 1

D I M E N S I O N S

K M 1 2

KM

11 …Push - i n
12 …Fema l e  t h read
13 …Push - i n
14 …Ma le  Th read
15 …P lug - i n
16 …Push - i n  s t a ckab l e

I N L E T C O N N E C T I O N

04 …4mm
06 …6mm
08 …8mm

O U T L E T T U B E O . D .

0 2 … 1⁄4
0 3 … 3⁄8
08 …8mm
10 …10mm
12 …12mm

I N L E T P O R T T H R E A D

O R T U B E O . D .

3 ……3
6 ……6
10 …10

N U M B E R O F O U T L E T S

H O W T O

O R D E R

M A N I F O L D S E R I E S K M

T E C H N I C A L

SPECIFICATIONS

*Dimensions to BS5409 Part 1

Dimensions in mm

Dimensions in mm

Operating pressure

Applicable tube*

Proof pressure

Nylon, Soft nylon, Polyurethane

Ambient and fluid temperature

Thread (where applicable)

Vacuum to 9.9 Bar

30 Bar

0~60°C

JIS B0203 (Taper pipe thread)

Fluid Air

Model FA FB N L1 L2 L3 L4 L5 L6 P Q1 Q2 MA MB

Port B
min

port size

Mass
(g)

KM11-04-08-6
4 8

6 65
10 18 29.5 19.5 27 10.6

40
12 16 18.5 6

22

KM11-04-08-10 10 86 61.5 30

KM11-06-10-6
6 10

6 76
10 19.5 31.5 21.5 31 13

47
13.5 17 21 7.5

32

KM11-06-10-10 10 102 73 44

KM11-08-12-6
8 12

6 85
11.5 22.5 35.5 24 34.5 15.5

55
14.7 18.5 22 9

44

KM11-08-12-10 10 116 86 62

Model F
T

Rc(PT)
N

H
(Hex)

L1 L2 L3 L4 L5 L6 P Q1 Q2 M
Port B

min
port size

Mass
(g)

KM12-04-02-6
4 1⁄4

6
17

89
10 18 29.5 19.5 29 10.6

40
12 16 6

67

KM12-04-02-10 10 110 61.5 75

KM12-06-02-6
6 1⁄4

6
17

99
10 19.5 31.5 21.5 31 13

47
13.5 17 7.5

84

KM12-06-02-10 10 125 73 96

KM12-08-03-6
8 3⁄8

6
19

108
11.5 22.5 35.5 24 34.5 15.5

55
14.7 18.5 9

100

KM12-08-03-10 10 139 86 117

MORE DIMENSIONS

S E E N E X T P A G E ☞

S T O C K E D P R O D U C T S
FOR A LIST OF STOCKED PRODUCTS,
PLEASE SEE THE CURRENT SMC PRICE LIST
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D I M E N S I O N S

K M 1 3

D I M E N S I O N S

K M 1 4

D I M E N S I O N S

K M 1 5

D I M E N S I O N S

K M 1 6

a b Model D1 D2 L1 L2 P Q1 M1 M2 Effective Weight
Orif ice (mm2)

4 6 KM13-04-06-3 10.4 12.8 60 18.5 10.4 38.2 17 16 4.5 13
4 8 KM13-04-08-3 10.4 15.2 63.5 19 10.4 38.2 18.5 16 6 16
6 8 KM13-06-08-3 12.8 15.2 70.5 20 12.8 45.4 18.5 17 6 18
6 10 KM13-06-10-3 12.8 18.5 74.5 21 12.8 45.4 21 17 7.5 23
8 10 KM13-08-10-3 15.2 18.5 81.5 22.5 15.2 52.6 21 18.5 7.5 27

a b Dia D Model D1 D2 L1 L2 P Q1 Q2 A Ma Mb Effective Weight g
Orif ice (mm2)

4 6 6 KM15-04-06-3 10.4 12.8 78.5 18.5 10.4 38.2 9.9 61.5 16 17 4.5 13
4 8 8 KM15-04-08-3 10.4 15.2 85.5 19 10.4 38.2 11.1 67 16 18.5 6 25
6 8 8 KM15-06-08-3 12.8 15.2 92.5 20 12.8 45.4 11.1 74 17 18.5 6 27
6 10 10 KM15-06-10-3 12.8 18.5 98 21 12.8 45.4 12.8 77 17 21 7.5 38
8 10 10 KM15-08-10-3 15.2 18.5 105 22.5 15.2 52.6 12.8 85 18.5 21 7.5 42

a b R(PT) Model H D1 D2 L1 L2 P A Q1 Q2 M1 M2 Effective Weight g
Orif ice (mm2)

4 6 1/8 KM14-04-06-01S-3 13 10.4 12.8 68 18.5 10.4 64 38.2 9.9 17 16 4.5 19
4 6 1/4 KM14-04-06-02S-3 14 10.4 12.8 71.5 18.5 10.4 65.5 38.2 9.9 17 16 4.5 26
4 6 3/8 KM14-04-06-03S-3 17 10.4 12.8 73.5 18.5 10.4 67.5 38.2 9.9 17 16 4.5 39
4 8 1/8 KM14-04-08-01S-3 17 10.4 15.2 73.5 19 10.4 69.5 38.2 11.1 18.5 16 6 31
4 8 1/4 KM14-04-08-02S-3 17 10.4 15.2 76.5 19 10.4 70.5 38.2 11.1 18.5 16 6 31
4 8 3/8 KM14-04-08-03S-3 17 10.4 15.2 77.5 19 10.4 71 38.2 11.1 18.5 16 6 39
6 8 1/8 KM14-06-08-01S-3 17 12.8 15.2 80 20 12.8 76.5 45.4 11.1 18.5 17 6 33
6 8 1/4 KM14-06-08-02S-3 17 12.8 15.2 83 20 12.8 77 45.4 11.1 18.5 17 6 41
6 8 3/8 KM14-06-08-03S-3 17 12.8 15.2 84 20 12.8 78 45.4 11.1 18.5 17 6 41
6 10 1/4 KM14-06-10-02S-3 19 12.8 18.5 87.5 21 12.8 81.5 45.4 12.8 21 17 7.5 44
6 10 3/8 KM14-06-10-03S-3 19 12.8 18.5 88.5 21 12.8 82 45.4 12.8 21 17 7.5 45
6 10 1/2 KM14-06-10-04S-3 22 12.8 18.5 92 21 12.8 84 45.4 12.8 21 17 7.5 67
8 10 1/4 KM14-08-10-02S-3 19 15.2 18.5 94 22.5 15.2 88 52.6 12.8 21 18.5 7.5 48
8 10 3/8 KM14-08-10-03S-3 19 15.2 18.5 95 22.5 15.2 89 52.6 12.8 21 18.5 7.5 48
8 10 1/2 KM14-08-10-04S-3 22 15.2 18.5 98.5 22.5 15.2 90.5 52.6 12.8 21 18.5 7.5 71

a b Model D1 D2 L1 L2 P Q1 Q2 M1 M2 Effective Weight g
Orif ice (mm2)

4 4 KM16-04-04-3 12.8 12.8 68 20.9 14.5 50 10.5 16 16 3 19
4 6 KM16-04-06-3 12.8 12.8 68 20.9 14.5 50 10.5 17 16 4.5 18
6 6 KM16-06-06-3 12.8 12.8 68 20.9 14.5 50 10.5 17 17 4.5 18


